
FEATURES
• The viewing door is easy to remove
• Front and side door locks
• Dust protective plexiglass
• Top and vented side panels
• Wall mounting frame that hinges in the back
• Releases for swing out
• Cooling fan and power supply built in
• Easy accessory installation
• Ships fully assembled
• Black Powder Coated Finish
• Weight Capacity: 130lb
• Comes with 20 sets of washers, screws, cage nuts
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WB4012      20U WALL MOUNT SWING OUT ENCLOSURE
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Intertek
C US

PARTS LIST
MATERIALPART NUMBERQTYITEM

1.2 MM EG Steel, MildBOTTOM  END FRAME11
1.2 MM EG Steel, MildTOP END FRAME12
1.2 MM EG Steel, Mild20u_vertical front member23
1.2 MM EG Steel, Mild20u_vertical rear member24
1.5 MM EG Steel, MildREAR SECTION15
2.0  MM EG Steel, MildPANEL MOUNTING 20U26
NYLONFLANGE BEARING27
STEEL, GALVANISEDLOCATOR28
STEEL, BLACKDIRAK_HINGE_STUD39
1.5 MM EG Steel, Mild20U_REAR VERTICAL,SUPPORT110
1MM EG Steel, MildSIDECOVER_20U211
1.2 MM EG Steel, Mild20U FRONT DOOR112
1.2 MM EG Steel, MildCABLE ENTRY COVER213
GenericLO_LOCATOR414
SJ,TOGGLE &  HOOKDKS-1115
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